GEF-4383C
Supersedes GEF-43838

Type NGA
Auxiliary Relays

Ordering Instructions

1. Always specify the complete nameplate data of the relay,
including the complete model number of the relay.

2. Specify the quantity, catalog number (if listed), reference
number (if listed), description, and this bulletin number.

3. Standard items, such a screws, bolts, nuts, washers, etc.,
are not listed in this bulletin. Such items should be pur-
chased locally.

4. For prices, refer to the nearest office of the General Elec-
tric Company.

How to Use this Bulletin

1. Relay models covered by this bulletin are listed in the left-
hand column of the tabulation beginning on page 3.

2. To find the catalog number of a renewal part:

A.
B.
C.

Referring to the illustrations on pages 1 and 2, find the
reference letter for the required part.
Locate the reference letter and/or description of the

~part in the column headings at the top of the tabulation.

Note the numeral at the intersection of the reference
letter column and model number line. This numeral,
when added to the reference letter, provides the key to
the catalog number of the part, which is listed in the
table on the page indicated.

Example:
To find the catalog number of the Telephone Relay for the
Model 12NGA15A21 relay:

A.
B.
C.

Figure 2 on page 2 indicates that the reference letter
for the Telephone Relay is “A”.

Locate reference letter “A’ in the column headings on
page 3.

At intersection of the “A’ column and Model 12NGA-
15A21 line find the numeral 24. The complete reference
symbol is therefore, “A-24". Referring to page 6 in the
catalog, the number is found to be 721-6418025P376
(one required per relay).

Data 1s subject to change without notice.

Renewal Parts

Fig 1. Type NGA relay
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GEF-4383, TYPE NGA RELAYS

S;::;ol ':;g Catalog Number N:é;:r S:n‘::;ol :'g Catalog Number N:e.I::r
TABLE A TABLE C
TELEPHONE RELAY COVER (IF SURFACE MOUNTING)
A-1 2 | 721-6418025P1 1 c1 | 1 | 721-6118588G1 1
A2 2 | 721-6418025P1A 1
A3 2 | 721-6418025P3 1
A4 2 | 721-6418025P4 1
A-5 2 721-6418025P6 1 TABLE D
" T 1 6418055535 1 COVER (IF SEMI-FLUSH MOUNTING)
A7 2 | 721-6418025P351 1 D-1 1 | 721-6118588G6 !
A-8 2 | 721-6418025P97 1 b-2 1| 721-6118536P1 !
A9 2 | 721-6418025P157 1
A-10 2 | 721-6418025P158 1
A1 2 | 721-6418025P182 1
A12 2 | 721-6418025P221 1 RECTIFIoD ASSEMBLY
A-13 2 | 721-6418025P233 1 — T 2100918042161 1
A-14 2 | 721-6418025P251 1 — — 1 21-089150421G72 1
A-15 2 | 721-6418025P252 1 — — 1089150421673 1
A6 | 2 | 721-6418025R254 L E-4 — | 721-089180421G423A 1
AT | 2 | 721-6418025P255 ! E-5 — | 721-0891B0421G465 1
A18 | 2 | 721-6418025P267 ! E-6 — | 721-089180421G411 1
ATS | 2 | 721-6418025P290 ! E-7 — | 721-0891B0421G400 1
A-20 2 | 721-6418025p297 ! E-8 — | 721-0891B0421G401 1
A2l 2| 721-6418025P298 ! E-9 — | 721-0891B0421G402 1
A-22 2 | 721-6418025P299 ! E-10 | — | 721-0891B0421G403 1
A23 | 2 | 721-6418025P306 ! E11 | — | 721-0891B0421G404 1
A-24 2 | 721-6418025P376 ! E12 | — | 721-0891B0421GA405 1
A-25 2| 721-127A6791P1 ! E13 | — | 721-0891B0421GA06 1
A-26 2 | 721-6418025P200 ! E-14 — | 721-0891B0421G407 1
A27 | 2 | 721-6418025P390 L E15 | — | 721-0891B0421G408 1
RESISTOR (EXTERNAL) E-16 — | 721-0891B0421G409 1
- —T 7211030060 107A1500 1 E-17 — | 721-0891B0421G410 1
(1500 ohm) E-18 - 721-0891B0421G413 1
721-1C9006C101A3000 E-19 - 721-0891B0421G414 1
B-2 - 1
(3000 ohm) E-20 - 721-0891B0421G415 1
5.3 _ | 721-1co006c101A250 ] E-21 — | 721-0891B0421G416 1
(250 ohm)
Ba ~ | 721-1C9006C101A2000 1
(2000 ohm)
o ~ [ 721-109006C101A2500 ]
(2500 ohm) TABLE F
o6 — | 721-1c9006C101A3500 1 DIODE
(3500 ohm) — | 721-246A9408P5061 1

1|




TYPE NGA RELAYS, GEF-4383

S::::;ol l;'g Catalog Number N:él::r S:n(::;ol ';'g Catalog Number N:e'lzsr
TABLE G TABLE H (Continued)
RESISTOR (R1) RESISTOR (R2)
G-1 - 721-246A9115P102C 1 H-6 - 721-246A9115P152D 1
G-2 — 721-246A9115P152D 1 H-7 - 721-246A9115P202C 1
G-3 - 721-246A9115P202C 1 H-8 - 721-246A9115P301C 1
G-4 - 721-365A436P179 1 H-9 - 721-246A9115P302D 1
G-5 - 721-246A9115P252B 1 H-10 - 721-246A9115P402C 1
G-6 — 721-246A9115P301C 1 H-11 - 721-246A9115P501C 1
G-7 - 721-246A9115P301D 1 H-12 - 721-246A9115P701C 1
G-8 - 721-246A9115P351C 1 H-13 - 721-246A9115P752D 1
G-9 - 721-246A9115P402C 1 H-14 - 721-246A9115P802C 1
G-10 - 721-246A9115P701C 1 H-15 - 721-246A9120P151C 1
G-11 - 721-246A9115P752D 1 H-16 - 721-246A9120P452C 1
G-12 —~ 721-246A9120P151C 1 H-17 —~ 721-365A436P179 1
G-13 - 721-246A9120P452C 1 TABLE |
TABLE H RESISTOR (R3)
RESISTOR (R2) -1 - 721-246A9115P301C 1
H-1 - 721-246A9115P101C 1 -2 - 721-246A9115P750C 1
H-2 - 721-246A9115P101D 1 -3 —~ 721-246A9115P500C 1
H-3 - 721-246A9115P102C 1 TABLE J
H-4 - 721-246A9115P103C 1 CAPACITOR

H-5 - 721-246A9115P152C 1 J1 | - | 721-246A9013P503 1
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650 Markland Street

Markham, Ontario
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Worldwide telephone: +1 905 927 7070

North America toll-free: 1 800 547 8629

Website: https://www.gevernova.com/grid-solutions





