GE
Energy Connections

Model 137MR

Current Transformer with Multi-Ratio
Window Diameter 5.50”

Application Terminals are brass screws No. 10-32
with one flatwasher and lockwasher.
Relaying.
The transformer winding is arranged so
Frequency that the turns are fully distributed
between all taps.

50-400 Hz.
Order mounting bracket kit 0221B01528
Insulation Level separately.
600 VOlt, 10 kV BIL full wave. Approx|mate We|ght 50 Ibs.
Model 137MR
| | Continuous Thermal
Catalog Relay Rating Factor
Number Class
@ 30°C @ 55°C
REGULATORY AGENCY APFROVALS
137-601MR C200 2.0 2.0
157-122MR €400 20 L N E93779 3P LR89403
137-202MR C400 1.5 1.0 Manufactured to meet the requirements of ANSIIEEE C57.13.
Classified by UL.L. in accordance with IEC 44-1
137-302MR C400 1.33 1.0
137-402MR C400 1.0 0.8
137-502MR C400 0.6 0.3
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RATIO | TAP

300:5 | X3—X4

500:5 | X4—X5

800:5 | X3—X5

1000:5 | X1—X2

1200:5 | X2—X3

|[1500:5 [x2—x4

00

2000:5 | X2—X5

2200:5 | X1-X3

2500:5 | X1-X4

3000:5 | X1-X5
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300:5| 0.128

SECONDARY VOLTAGE 60 Hz
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500:5| 0.213

800:5 | 0.341

1000:5 | 0.426

1200:5 | 0.511

1500:5 | 0.639

3000:5MR
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2200:5 | 0.938
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Model 137-302MR
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2500:5 | 1.066

3000:5 | 1.279
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5000:5MR

500:5 | X2-X3

1000:5 | X4—X5

1500:5 | X1-X2

2000:5 | X3—X4
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2500:5 | X2-X4

3000:5 | X3—X5

3500:5 | X2-X5

4000:5 | X1-X4

5000:5 | X1-X5
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HH 500:5 — 1000:5 | 1.051
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2000:5] 2.102

2500:5 | 2.627

3000:5]| 3.153

3500:5 | 3.678

4000:5| 4.204
5000:5 ] 5.255
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Model 137-502MR
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300:5 | X3—-X4
400:5 | X1-X2
500:5 | X4-X5
800:5 | X2-X3
11 1100:5 | X2—-X4
1200:5 | X1-X3
1500:5 | X1—X4
1600:5 | X2—X5
2000:5 | X1-X5

;o

00

DCR
RATIO @g]HMS

300:5 ] 0.136
0 400:5 ] 0.181
500:5 | 0.226
800:5 | 0.361
1100:5 | 0.497
1200:5] 0.542
1500:5 ] 0.678
1600:5] 0.723
2000:5 | 0.903
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500:5] 0.267
1000:5 | 0.534
1500:5 | 0.801
2000:5 | 1.068
2500:5| 1.335
3000:5 | 1.602
3500:5 | 1.869
4000:5 | 2.136
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